




Technical Data
Material

Body:    PA 6 

Cap:    PA 6

Seal:    CR

Washer:   CR

Quick fi tting lower body:  PA 6

Flammability:   V2 (acc. to UL 94)

Protection class:  IP66 / IP68 - 5 Bar

Operating temperature: -20°C up to +100°C 

   (intermittent: -30°C up to +150°C)

Approval:   VDE acc. to DIN EN 62444

Other colours on request 

Grey RAL 7001, black RAL 9005

Part No. Hole ø
mm

Wall thickness E 
Min-Max 
mm

Clamping range ø
Min-Max
mm

TL
mm

TD
mm

SW1 and SW2
mm

Max. H
mm

Unit

908054 16,3 +/-0,1 0,5 - 4,0 5,0 - 10,0 9,0 16,0 22 42,3 50

908055 20,3 +/-0,1 0,5 - 4,0 6,0 - 12,0 9,0 20,0 24 40,8 50

908368 25,3 +/- 0,1 0,5 - 4,0 11,0 - 17,0 9,0 25,0 29 43,7 25

908369 32,3 +/- 0,1 0,5 - 4,0 15,0 - 21,0 9,0 32,0 36 50,1 25

908056 Disassembly tool for Ø16 and Ø20

908370 Disassembly tool for Ø25 and Ø32
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helukabel-group.com

Company

Contact

Customer number (optional)

Street, No.

Zip, City

Telephone / Fax

E-Mail

Your message

    Yes, please include me in the mailing list for the HELUKABEL® e-mail newsletter.
(please check)

Find your local HELUKABEL offi ce at 
www.helukabel-group.com

Part No. Required amount /unit

908054

908055

908368

908369

Get a quote


