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According to drive system

Product Part No.
HELUKABEL

Part No.
OEM

No. of 
Cores Cable Structure / Sheath Colour Cop. Weight

app. kg/km
Weight
app. kg/km

Outer Diameter
app. mm

TOPSERV®  109 PUR 707752 LX66L-0003-0331 4 4 x 1.0 66 108 9.5
TOPSERV®  109 PUR 75944 LX66L-0003-0351 4 4 G 2.5 132 208 10.6
TOPSERV®  109 PUR 75945 LX66L-0003-0352 4 4 G 4 204 290 11.9
TOPSERV®  109 PUR 707753 LX66L-0003-0332 7 7 x 1.0 96 162 10.4
TOPSERV®  109 PUR 707756 LX66L-0003-0336 3 3 x 0.75 40 69 6.2
TOPSERV®  109 PUR 707249 LX66L-0003-0356 6 6 x 1.0 84 146 9.4
TOPSERV®  109 PUR 707760 LX66L-0003-0358 4 4 x 8.0 361 510 15.4

TOPGEBER 512 PUR 707750 LX66L-0003-0283 20 10 x 2 x AWG 28 35 55 7.0
TOPGEBER 511 PVC 707751 LX66L-0003-0284 20 10 x 2 x AWG 28 34 56 7.0

TOPGEBER 512 PUR 707761 LX66L-0003-0369 16 (5 x 2 x 0.18 + 6 x 0.5) C 74 120 8.7
TOPGEBER 512 PUR 707762 LX66L-0003-0401 12 (3 x 2 x 0.18 + 6 x 1.0) C 93 130 8.7
TOPGEBER 512 PUR 707116 LX66L-0003-0312 12 (3 x 2 x 0.18 + 6 x 0.5) C 66 108 8.7
TOPGEBER 512 PUR 707763 LX66L-0003-0461 9 (2 x 2 x 0.18 + 5 x 0.5) C 55 90 7.8
TOPGEBER 512 PUR 707115 LX66L-0003-0462 7 (1 x 2 x 0.18 + 5 x 0.5) C 49 86 7.4
TOPGEBER 512 PUR 707764 LX66L-0003-0482 10 (4 x 2 x 0.22 + 2 x 0.5) C 54 87 7.8

Product Part No.
HELUKABEL

Part No.
OEM

No. of 
Cores Cable Structure / Sheath Colour Cop. Weight

app. kg/km
Weight
app. kg/km

Outer Diameter
app. mm

PUR dynamic
TOPSERV®  121 PUR 707775 Schneider Electric 8 4 G 1.5 + 2 x (2 x 0.75) C 170 276 12.2
TOPSERV®  121 PUR 703103 Schneider Electric 8 4 G 2.5 + 2 x (2 x 1.0) C 229 346 14.0

TOPGEBER 512 PUR 705413 Schneider Electric 8 (3 x 2 x 0.25 + 2 x 0.5) C 43 82 7.4
TOPGEBER 512 PUR 706333 Schneider Electric 12 (5 x 2 x 0.25 + 2 x 0.5) C 69 110 8.8
TOPGEBER 512 PUR 708489 Schneider Electric 8 (3 x 2 x 0.14 + 2 x 0.34) C 29 65 6.8

According to Fanuc

According to Schneider Electric

Tested until failure in 
our own test centres

Regularly tested 
and globally approved 

Want to order catalogues online?
Simply go to 
www.helukabel.de/publication-order

40 m drag chain test facility

6 m drag chain test facility for larger cross sections

18 m drag chain test facility

5 m drag chain test facility
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Our HELUTEC®  online configurator provides access 

to our complete product range of signal, power and 

hybrid plug connectors.

Tip
Use our Quick-Order-System and send quote 

request for the products that you want by using 

the order key.

www.helutec.de
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Safety notice

The cables and wires described in the catalog are produced in accordance with national and international standards, as well as plant standards; 

application safety, as stipulated in the safety directives, standards, and statutory regulations, as amended, is provided. With the prerequisite of proper 
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